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Immunogen
Synthetic peptides corresponding to MMP9 (matrix metallopeptidase 9 (gelatinase B, 92kDa 
gelatinase, 92kDa type IV collagenase)) The peptide sequence was selected from the N 
terminal of MMP9 (NP_004985). Peptide sequence 
VAEHGDGYPFDGKDGLLAHAFPPGPGIQG

Recommended Dilutions
Immunohistochemistry, Immunohistochemistry-Paraffin, Western Blot 1.25 ug/ml

Buffer
Lyophilized from PBS & 2% Sucrose.Reconstitute in 100 ul distilled water to a final 
concentration of 1 mg/ml in PBS buffer.
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Images 
Western Blot: MMP9 Antibody [NBP1-57940] - Hela 
cell lysate, Antibody Titration: 1.25ug/ml

Immunohistochemistry-Paraffin: MMP9 Antibody 
[NBP1-57940] - rat and mouse, 2-15ug/ml.

Unit Size
 0.1 mg

Concentration
Lyoph

Storage
Store at -20C. Avoid freeze-thaw cycles.

Applications
WB, IHC, IHC-P

Species
Human, Mouse, Rat, Bovine, Canine, Chicken, 
Porcine, Rabbit, Xenopus, Zebrafish

Molecular Weight
78kDa

Host
Rabbit

Clonality
Polyclonal

Purity
Protein A purified

Preservative
No Preservative
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