
Human liver tissue stained with F7
Antibody at 5 ug/mL followed by
biotinylated secondary antibody, alkaline
phosphatase-streptavidin and chromogen.

Factor 7 Antibody
CATALOG NUMBER: 51-853

Specifications

SPECIES REACTIVITY: Human

TESTED APPLICATIONS: ELISA, IHC, Neut

APPLICATIONS: ELISA, IHC-P (5 ug/ml)

USER NOTE: Optimal dilutions for each application to be determined by the researcher.

SPECIFICITY: It is specific for F. VII as determined by immunodiffusion. Identity was established with purified F. VII.

IMMUNOGEN: Human Factor VII (F. VII) purified from plasma.

HOST SPECIES: Sheep

Properties

PURIFICATION: Ammonium Sulfate Precipitation

PHYSICAL STATE: Liquid

BUFFER: HEPES-buffered saline, pH 7.4, 50% glycerol. No preservatives are added.

STORAGE CONDITIONS: Factor 7 antibody should be stored long term (months) at -20 ˚C and short term (weeks) at 4 ˚C. As with all
antibodies avoid freeze/thaw cycles.

CLONALITY: Polyclonal

ISOTYPE: IgG

CONJUGATE: Unconjugated

Additional Info

ALTERNATE NAMES: F7, Coagulation factor VII, Eptacog alfa, F7 Deficiency, Factor 7, Factor VIIa, FVII coagulation protein, Factor VII,
FVII, SPCA, Factor VII Deficiency, Proconvertin

ACCESSION NO.: P08709

PROTEIN GI NO.: 119766

OFFICIAL SYMBOL: F7

GENE ID: 2155

http://www.prosci-inc.com/
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