
Immunohistochemistry of human breast
tissue stained using MUC1 Monoclonal
Antibody.

MUC1 Antibody [CM1]
CATALOG NUMBER: 70-007

Specifications

SPECIES REACTIVITY: Human

TESTED APPLICATIONS: IF, IHC

APPLICATIONS: MUC1 antibody can be used in ELISA, Western Blot starting at 1:1000 - 1:2000, and immunohistochemistry
starting at 5 ug/mL.

USER NOTE: Optimal dilutions for each application to be determined by the researcher.

SPECIFICITY: VNTR5 and VNTR20 recombinant unglycosylated fragments of MUC1 protein and underglycosylated MUC1
prepared from tumor fluids or as a result of chemical treatment of human milk MUC1

IMMUNOGEN: High molecular weight (>300 kD) glycoprotein.

HOST SPECIES: Mouse

Properties

PURIFICATION: Protein A Column

PHYSICAL STATE: Liquid

BUFFER: PBS, pH 7.4, 0.1 % sodium azide.

STORAGE CONDITIONS: Store MUC1 antibody at 4 ˚C, Avoid Freezing

CLONALITY: Monoclonal

ISOTYPE: IgG1

CONJUGATE: Unconjugated

Additional Info

ALTERNATE NAMES: MUC1, CA15-3, CD227, Carcinoma-associated mucin, CD227 antigen, DF3 antigen, Episialin, Epithelial
membrane antigen, H23 antigen, H23AG, Krebs von den Lungen-6, MAM6, MUC1/ZD, MUC-1/SEC, Mucin-1,
Pem, KL-6, MUC-1/X, Tumor-associated mucin, Peanut-reactive urinary mucin, Polymorphic epithelial mucin,
PUM, EMA, MUC-1, Mucin 1, transmembrane
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