
Immunohistochemistry staining of beta
Actin in kidney tissue using beta Actin
Antibody.

Beta Actin Antibody
CATALOG NUMBER: 48-776

Specifications

SPECIES REACTIVITY: Human, Mouse, Rat

TESTED APPLICATIONS: IHC, WB

APPLICATIONS: Beta Actin antibody can be used in ELISA, Western Blot starting at 1:500 - 1:1000, and immunohistochemistry
starting at 2.5 ug/mL.

USER NOTE: Optimal dilutions for each application to be determined by the researcher.

IMMUNOGEN: Beta Actin antibody was raised against a peptide located in the N Terminus of Beta Actin (Mouse).

HOST SPECIES: Rabbit

Properties

PURIFICATION: Affinity Chromatography

PHYSICAL STATE: Liquid

BUFFER: Phosphate-buffered solution, pH 7.2, 0.09% sodium azide, 50% glycerol.

STORAGE CONDITIONS: Store Beta Actin antibody at 4 ˚C or -20 ˚C. As with all antibodies avoid freeze/thaw cycles.

CLONALITY: Polyclonal

ISOTYPE: IgG

CONJUGATE: Unconjugated

Additional Info

ALTERNATE NAMES: ACTB, Actin, cytoplasmic 1, Beta-actin, Beta actin, BRWS1, Actin, beta, Beta cytoskeletal actin, PS1TP5-binding
protein 1, PS1TP5BP1

ACCESSION NO.: P60709

PROTEIN GI NO.: 46397333

OFFICIAL SYMBOL: ACTB

GENE ID: 60

Background
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BACKGROUND: Actin is a highly conserved protein that participates in a wide variety of cellular functions in eukaryotes including
muscle contraction, amoeboid movement, cytokinesis and mitotic division. Beta actin is ubiquitously expressed
in all eukaryotic cells.
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