
Immunohistochemistry staining of MCM7
in skin tissue using MCM7 Antibody.

MCM7 Antibody
CATALOG NUMBER: 49-256

Specifications

SPECIES REACTIVITY: Human, Mouse

TESTED APPLICATIONS: IHC, WB

APPLICATIONS: MCM7 antibody can be used in ELISA, Western Blot starting at 1:500 - 1:1000, and immunohistochemistry
starting at 5 ug/mL.

USER NOTE: Optimal dilutions for each application to be determined by the researcher.

IMMUNOGEN: MCM7 antibody was raised against recombinant C-Terminus of MCM7 (Mouse).

HOST SPECIES: Rabbit

Properties

PURIFICATION: Immunoaffinity Chromatography

PHYSICAL STATE: Liquid

BUFFER: Phosphate-buffered solution, pH 7.2, 0.09% sodium azide, 50% glycerol.

STORAGE CONDITIONS: Aliquot and store MCM7 antibody at -20 ˚C. As with all antibodies avoid freeze/thaw cycles.

CLONALITY: Polyclonal

ISOTYPE: IgG

CONJUGATE: Unconjugated

Additional Info

ALTERNATE NAMES: MCM7, CDC47 homolog, CDC47, Homolog of S. cerevisiae Cdc47, p1.1-MCM3, p1CDC47, p85MCM,
PNAS146

ACCESSION NO.: P33993

PROTEIN GI NO.: 20981696

OFFICIAL SYMBOL: MCM7

GENE ID: 4176

Background

BACKGROUND: CDC47/MCM7 participates in the regulation of mammalian DNA replication allowing DNA to replicate only once
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each cycle. It exists in two forms. The levels of the bound form in the nucleus have been shown to gradually
decrease during S phase progression. Stimulation of cells to enter the cell cycle results in induction of
CDC47/MCM7 expression.
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